
  
 Superior technology that provides lower cost of energy: 
 
 • Industry leading power density - Up to 50% lower weight and 75% smaller size than market leaders
 • 98.5% CEC efficiency - Enabled through Advanced Controls & Topology
 • 20 years service life - Completely environmentally sealed, natural convection cooled with no fans
 • No DC disconnect required
 • Means for paralleling inverters 
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PV Solar String Inverters  
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Power Bric - S Power Bric - S

600-1500 480-1500

RATED POWER 20 kW 16 kW

MAX POWER 21.5 kW 17.2 kW

VAC NOMINAL 600 / 347 60Hz 480 /277 60Hz

VDC MPPT RANGE 800 to 1500 650 to 1500

MAX DC VOC 1500 1500

EFFICIENCY 98.5% CEC 98.0% CEC

TRANSFORMERLESS Yes

DIRECT PARALLEL OPERATION Yes

DIMENSIONS 1000mm/39.4” (L) x 400mm/15.7” (H) x 115mm/4.5” (D)

WEIGHT 34 kg / 75 lbs

ENCLOSURE PROTECTION CLASS IP67 / NEMA 6

AMBIENT TEMPERATURE RANGE -25°C to +60°C (derate power above +45°C)

COOLING Natural convection, no fans

SERVICE LIFE 20 years

DC GROUND FAULT DETECTION / INTERRUPT Yes

ADVANCED INVERTER FUNCTIONS Volt/VAR, Freq/Watt, LVRT, Curtailment

COMMUNICATIONS RS485 

EMI FCC part 15. class A

REGULATORY COMPLIANCE UL 1741-SA, CSA, CE


