
LSHT MOTOR WI‐MK072

EXPRESS PROGRAM
HYDRAULIC



• PART NUMBERS ON THIS PAGE ARE PART OF STOCKING PROGRAM
• 3 CUBIC INCH – 24 CUBIC INCH DISPLACEMENTS
• 2 BOLT & 4 BOLT MOUNT
• 1” KEYED SHAFT
• SAE PORTING
• UNPAINTED
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LOW SPEED HIGH TORQUE MOTORSWI‐MK072

TB SERIES MOTORS

PARKER HANNIFIN CORPORATION

www.parker.com/pumpmotor



• PART NUMBERS ON THIS PAGE ARE PART OF STOCKING PROGRAM
• 2.5 CUBIC INCH – 24 CUBIC INCH DISPLACEMENTS
• 2 BOLT & 4 BOLT MOUNT
• 1” KEYED SHAFT
• SAE PORTING
• UNPAINTED
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LOW SPEED HIGH TORQUE MOTORSWI‐MK072

PARKER HANNIFIN CORPORATION

TE SERIES MOTORSwww.parker.com/pumpmotor

PART NUMBER  CU.IN / CC MOUNT PORTS SHAFT OPTIONS

TE0045FS100AAAB 2.5 / 41 4 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0045AS100AAAB 2.5 / 41 2 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0050FS100AAAB 3.0 / 49 4 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0050AS100AAAB 3.0 / 49 2 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0065FS100AAAB 4.0 / 65 4 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0065AS100AAAB 4.0 / 65 2 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0080FS100AAAB 5.0 / 82 4 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0080AS100AAAB 5.0 / 82 2 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0100FS100AAAB 6.0 / 98 4 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0100AS100AAAB 6.0 / 98 2 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0130FS100AAAB 8.0 / 130 4 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0130AS100AAAB 8.0 / 130 2 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0165FS100AAAB 10.0 / 163 4 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0165AS100AAAB 10.0 / 163 2 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0195FS100AAAB 11.9 / 195 4 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0195AS100AAAB 11.9 / 195 2 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0230FS100AAAB 13.9 / 228 4 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0230AS100AAAB 13.9 / 228 2 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0295FS100AAAB 17.9 / 293 4 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0295AS100AAAB 17.9 / 293 2 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0330FS100AAAB 20.0 / 328 4 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0330AS100AAAB 20.0 / 328 2 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0390FS100AAAB 24.0/392 4 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE0390AS100AAAB 24.0/392 2 BOLT 7/8‐14 SAE 1" KEYED NO PAINT

TE SERIES LSHT MOTORS



• PART NUMBERS ON THIS PAGE ARE PART OF STOCKING PROGRAM
• SPECIAL PRICING APPLIES PER MASTER QUOTE 
• TF SERIES ‐ 11.9 CUBIC INCH – 29.1 CUBIC INCH DISPLACEMENTS
• MAGNETO MOUNT
• STD 1.25” KEYED & 1.25” SPLINED SHAFTS
• SAE PORTING
• UNPAINTED
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LOW SPEED HIGH TORQUE MOTORSWI‐MK072

PARKER HANNIFIN CORPORATION

TF SERIES MOTORSwww.parker.com/pumpmotor



• PART NUMBERS ON THIS PAGE ARE PART OF STOCKING PROGRAM
• SPECIAL PRICING APPLIES PER MASTER QUOTE 
• TG SERIES – 11.9 CUBIC INCH – 48.0 CUBIC INCH DISPLACEMENTS
• MAGNETO MOUNT
• STD 1.25” KEYED & 1.25” SPLINED SHAFTS
• SAE PORTING
• UNPAINTED
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LOW SPEED HIGH TORQUE MOTORSWI‐MK072

PARKER HANNIFIN CORPORATION

TG SERIES MOTORSwww.parker.com/pumpmotor



• PART NUMBERS ON THIS PAGE ARE PART OF STOCKING PROGRAM
• SPECIAL PRICING APPLIES PER MASTER QUOTE 
• TK SERIES – 15.3 CUBIC INCH – 61.0 CUBIC INCH DISPLACEMENTS
• SAE CC 4 BOLT MOUNT
• 1.5” KEYED & 1.5” SPLINED SHAFTS
• SAE PORTING, REAR RADIAL
• UNPAINTED
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LOW SPEED HIGH TORQUE MOTORSWI‐MK072

PARKER HANNIFIN CORPORATION

TK SERIES MOTORSwww.parker.com/pumpmotor



• PART NUMBERS ON THIS PAGE ARE NOT PART OF STOCKING PROGRAM
• SPECIAL PRICING APPLIES PER MASTER QUOTE 
• 10 DAY FACTORY LEAD TIME
• TF SERIES ‐ 4.9 CUBIC INCH – 29.1 CUBIC INCH DISPLACEMENTS
• MAGNETO MOUNT
• STD 1.25” KEYED & 1.25” SPLINED SHAFTS
• SAE PORTING
• PAINTED & UNPAINTED
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LOW SPEED HIGH TORQUE MOTORSWI‐MK072

PARKER HANNIFIN CORPORATION

TF SERIES MOTORSwww.parker.com/pumpmotor



• PART NUMBERS ON THIS PAGE ARE NOT PART OF STOCKING PROGRAM
• SPECIAL PRICING APPLIES PER MASTER QUOTE 
• 10 DAY FACTORY LEAD TIME
• 8.6 CUBIC INCH – 58.5 CUBIC INCH DISPLACEMENTS
• MAGNETO MOUNT
• STD 1.25” KEYED & 1.25” SPLINED SHAFTS
• SAE PORTING
• PAINTED & UNPAINTED
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LOW SPEED HIGH TORQUE MOTORSWI‐MK072

PARKER HANNIFIN CORPORATION

TG SERIES MOTORSwww.parker.com/pumpmotor



• PART NUMBERS ON THIS PAGE ARE NOT PART OF STOCKING PROGRAM
• SPECIAL PRICING APPLIES PER MASTER QUOTE 
• 10 DAY FACTORY LEAD TIME
• 15.3 CUBIC INCH – 61.0 CUBIC INCH DISPLACEMENTS
• SAE CC 4 BOLT MOUNT
• STD 1.5” KEYED & 1.5” SPLINED SHAFTS
• SAE PORTING, REAR RADIAL
• PAINTED
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LOW SPEED HIGH TORQUE MOTORSWI‐MK072

PARKER HANNIFIN CORPORATION

TK SERIES MOTORSwww.parker.com/pumpmotor
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