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Electronic Displacement Control
Nominal Characteristics
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Electronic Pressure Control (max default)
Nominal Characteristics

                 Valve Specifications

Default Options Min / Max 

Voltage  12 VDC

Power  26 W

Current  2.2 A

Resistance  5.5 Ω

Signal  100-250 Hz PWM
~35 Hz dither

Connector DT04-2P Deutsch

Protection 
Class

Connector IP69K
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Electronic Control Schematics
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Electronic Pressure Control  
(max default)

Electronic Displacement (min default)  
with Remote Compensator
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Electronic Displacement (max default) with 
Load Sense and Pressure Compensator 

D2

D1A

B

BG

D3

Electronic Displacement (max default) with 
Pmax B-mod
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Additional Control Options
• Pressure Compensator
• Load Sense 
• Remote Compensator
• Electronic Unload

Parker Hannifin Corporation
Hydraulic Pump and Power Systems
14249 Industrial Parkway
Marysville, OH 43040
phone 937 644 4435
fax 937 642 3639
pumptechsupport@parker.com
www.parker.com

Remote Compensator
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Electronic Unload with Load Sense  
and Pressure Compensator
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Pressure Compensator  Load Sense with Pressure Compensator
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